10/100/1000 Lan Transformer
CKM Index number: R-BASE1000-M201 Part NO: H84801S

1 Features

® Meets IEEE 802.3 and ANSIX3.263 standards .RoHS Compliant
e 10/100/1000 Base-T,Surface Mount Type,Open Header

® (ableinterface for isolation and low common mode emissions.
® Reflow soldering temperature: peak temperature < 250 °C (10s)
e Reflowsoldering frequency: Itis recommended notto exceed 3 times
®  Storagetemperature range: -40°C to +85°C

® Operating temperature range:0°Cto +70°C
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10/100/1000 Lan Transformer
CKM Index number: R-BASE1000-M201 Part NO: H84801S

4 Schematic (E=E)
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5 packing (gxE8)
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Xunit: mm
X Packaging quantity : *350pcs/roll * 1750 pcs/box
X Quter box size: * L ** W * * H




	5 packing（包装信息）

