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1.MATERIAL:
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REV DESCRIPTION OF CHANGE | REVIEWED BY |  ISSUE DATE
A FIRST ISSUE X.YAN 2024-03-18
48.70

CAGE: COPPER ALLOY, Ni PLATED

THICKNESS 0.25mm
2.PACKAGING: TRAY PACKAGING
3. TEMPERATURE RANGE:

—-55°C TO +85°C
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SFP+ 1X1 CAGE CND-tek Shen zhen cnd-tek Electronics Co., Ltd
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NOTES: 4230 ——— | RECOMMENDED PCB CONFIGURATION
A DATUM AND BASIC DIMENSIONS ESTABLISHED BY CUSTOMER B
A PADS AND VIAS ARE CHASSIS GROUND, 11 PLACES B
& THRU HOLES, PLATING OPTIONAL TITLE SRR B T RA T
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— 16.25 MIN I~ < BEZEL OPENING
- BELOW PC BOARD
SECTION A-—A
RECOMMENDED BEZEL DESIGN
NOTES:
A MINIMUM PITCH ILLUSTRATED, ENGLISH
DIMENSIONS ARE FOR REFERENCE ONLY
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