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RECOMMENDED PCB CONFIGURATION
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A DATUM AND BASIC DIMENSIONS ESTABLISHED BY CUSTOMER
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SECTION A—-A

RECOMMENDED BEZEL DESIGN

NOTES:
/N MINIMUM PITCH ILLUSTRATED, ENGLISH
DIMENSIONS ARE FOR REFERENCE ONLY
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