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NOTES:
MATERIAL:
—_——— CAGE: COPPER ALLOY NI—PLATED,THICKNESS 0.25 MM
CONNECTOR:
8 NN PLASTIC HOUSING: HIGH TEMPERATURE LCP, UL94 V-O.
0 e © SPRING: STAINLESS STEEL, THICKNESS 0.20mm
- % ‘_ LIGHT PIPE: POLYCARBONATE; COLOR: CLEAR
CONTACTS: PHOSPHOR BRONZE, THICKNESS 0.20mm
PLATING: 15}.1” MIN. GOLD ON MATING AREA,
150u” MIN. MATE TIN ON SOLDER TAILS.
PACKAGING: TRAY PACKAGING.
TEMPERATURE RANGE: —40°C TO +85°C
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BEZEL CUT—OUT CENTER SPACING DETAIL

BEZEL THICKNESS:0.8—2.6
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