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FERERSpecification:
| 1. #ffiMaterial : PA66 UL94V-0:
| | | ! | | | | 2. BUE I Current rating:3. 0A AC, DC
nllollh ol ol hll o i [ 3. BEHE Voltage rating:250V AC, DC
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6. 5 Insulation resistance: =1000M Q2
7. M HEWithstand voltage:1000V AC/minute
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Plastic surface smooth and clean, no obvious burrsbubbles,
distortion, gate strain, lack of material and otherundesirable

phenomena.
PIN number variable size comparison table
PART NO Pin A B c D
HMT-XH2. 54-2Y-]JK 2 2.50 5. 70 3. 70 3. 70
HMT-XH2. 54-3Y-JK 3 5. 00 8.20 6. 20 6. 20
HMT-XH2. 54-4Y-]JK 4 7.50 10. 70 8.70 8.70
HMT-XH2. 54-5Y-JK 5 10. 00 13.20 11. 20 11.20
HUT-XHZ. 54-6Y-JK 6 12. 50 15. 70 13. 70 13. 70
HMT-XHZ. 54-7Y-JK 7 15. 00 18. 20 16. 20 16. 20
HMT-XHZ. 54-16Y-JK 16 37. 50 40. 70 38. 70 38. 70
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‘ UNLESS SPECIFIED HMTconn Shenzhen Huamingtong Electronics Co., Ltd
‘ X.X X £5 PART NO. TITLE:
XH2.5MM HOUSING
‘ XX XX +1° HMT—=XH2.54—NY—JK
i XXX XXX +0.5"| DESIGN: James CUSTOMER SIZE UNITS
A4 MM
CHED: Talen
MANUFACTURE DWG . /ﬁ — 1| SCALE | SHEET
APPD: Sophia v NA 1/1
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