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0.5A, 24V DC
50mQ max.

100MQ min.500V DC  Skey/PD: 100MQ min.300V DC

500V AC for 1 minute 350 V AC for 1 minut
6,000 Cycles 5,000 Cycles
5,000 Cycles 4,000 Cycles
-35°C~+75"C(Operating Temp:

IF:5~15N MAX. (EF:10.0N MIN.)

IR Reflow:255°C, 5sec. Manual :350°C, 3sec.

ITEM NO.:PJ-312
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(L14.0 X W6.0 XH5.9mm 3.5 PHONE-JACK)
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