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WITH PLATING
SECTION B-B

Unit: mm
Symbol F)imensions In Millimeters Symbol F)imensions In Millimeters

Min Nom Max Min Nom Max
A - - 1.20 D 7.70 7.80 7.90
Al 0.05 - 0.15 D1 6.90 7.00 7.10
A2 0.08 1.00 1.05 E 6.20 6.40 6.60
A3 0.39 0.44 0.49 El 4.30 4.40 4.50
b 0.18 - 0.27 e 0.50 BSC
bl 0.17 0.2 0.23 045 | 060 | 075
c 0.13 - 0.18 L1 1.00 BSC
cl 0.12 0.13 0.14 6 o | - 8o
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