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REV.| ECN NO. DESCRIPTION
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OTE:
T.MATERIAL:

a.HOUSING: PP BLACK
b.SPRING: SPRING WIRE

(SURFACE PLATING: Ni—PLATING)
SEE ORDERING INFORMATION

5.1

2.ELECTRIC:
a.DIELECTNIC VOLTAGE: 270V AC ONE MINUTE <
b.OPERATING TEMPERATURE: —10°C~ +80°C
N o
2 | SPRING 1 | SPRING WIRE Ni—Plating ©
T [HOUSING 1 PP BLACK
NO.[PART NAME  [QTY|  MATERIAL PLATING & COLOR

COSTOMER DRAWING

DRAWING

CHECK
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SHENZHEN LAILIAN ELECTRONICS CO.,LTD|

APPROVAL

TOLERANCES ARE

TITLE

b £ 18650

REV.

A

30-150 +0.35
10-30 £0.2

ANGLE

PART NO.

LATL-18650-BX-DIP90-1AJ-L

UNITS

mm

5-10 +0.15
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