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NO. (J75) DESCRIPTION( #ifii&) DCN NO.(Z% %) | DATE( HI)
D.O0 NEW RELEASE
otes:
Characteristics:
A. Material uth
1) Housing:High Plastic Black (UL94V—0
2) Plunger:brass c3604
3) Barrel:brass c3604
I 4) Spring:Stainless steel wire.
g B. Plating ¢
T T @ 1) Plunger:Plating Min. 3u’ Au over Min. 50u’ Ni.
59 2) Barrel:Plating Min. 3u’ Au over Min. 50u’ Ni.
i l 3) Spring:NO Plating.
U_l C. Electrical et
1) Operating voltage: 12V Max.
ARZZ’O;’ 2) Opetating current: 2A Max.
;20 3) Contact resistance: 30mohm Max.
Min Working position at working height(Quiescence).
5.00 D. Mechanical it
Nominal Working position 1) Total stroke: 1.8mm.
6.00£0.15 2) Working height: 5.0mm.
3) Spring Force:100gf+15gf at working height
4) Mechanical life: 10,000 cycle min.
5) Don't exceed the Max. allowed compression
E. Environmental (s
1) Storage and operating temoperature range:
—40°C~ +85°C
2) Humidity range: 10% RH to 90% RH
3) Salt spray: 48H
F. Others d¢v
1) The dimensions marked * are critical,
Should be checked in production
2) RoHS compliant product.
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THE UNMARKED TOLERANCE ARE AS BELOW :
(AR %)

LENGTH () ANGLE (fiifif)
0~6.0 +0.05mm 0. £2.0°
>6~30 +0.10mm 00  +1.0°
>30~120  £0.15mm 0.00 +0.50°
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Dong Guan Corroy Electronics Co, Ltd

The information in this document is property of Corroy company and should
not be copied or reproduced in any other way, without written permission.
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