B+0.25 6604020 SPECIFICATION
1 Material:

Insulator: PA66 (UL94V-0)
LD Contacts: Brass,Tin—plated

Contact resistance: <20mQ
Insulation resistance: =1000MQ
Rated voltage: 250 V AC DC

Rated current: 3.0 A AC DC
Withstand Voltage: 1000V AC/minute
Temperature Range: —25C~ +85T
Six deleterious substance content
meet the environmental protection
requirement
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TYPE-Poles A B c

XHB-2A |2.50 |7.50 | 6.00
XHB-3A |[5.00 |10.00 | 8.50
XHB-4A |7.50 |12.50 11.00
XHB-5A  |10.00 | 15.00 | 13.50
XHB-6A |12.50 | 17.50 | 16.00
XHB-7A |15.00 | 20.00 | 18.50
XHB-8A |[17.50 | 22.50 | 21.00
XHB-9A | 20.00 | 25.00 | 23.50
©0.95%0.10 XHB-10A |22.50 | 27.50 | 26.00

@_@$,%é %i XHB-11A |25.00 | 30.00 | 28.50

XHB-12A |27.50 | 32.50 | 31.00
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