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REVISIONS
REV. ECN NO. LOCATIO DESCRIPTION DATE DESIGN
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|- 0.1 [0.004] N 1.CONTACT INSERTION AND WITHDRAW FORCE(ififk /1)
1.1.Insertion force(#finN71) : BN ~ 20N Max;
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1.2.Withdrawal force(#ti7)) : 8N ~ 20N;
0) ® \ 1.3.Durability (i A% : 10000Cycles.
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e - 3.AMBIENT TEMPERATURE(IHIEHED
® 3.1.0perating temperature(fili&iffE) : —0° C to +65C.
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