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REVISIONS
LOCATION DESCRIPTION DATE DESIGN
Al N/A pin¥HR AN TE, P T R P 2024.08.19 |  prk
A2 N/A P K R AR 2024.11.26 Ba A

3.25 [3.254]+0.20

aSPECIFICATIONS
1.60 [1.602]+0.15 *Voltage rating:250V AC/DC
«Current rating:2A AC/DC
*Withstanding Voltage:1500V AC/minute
*Temperature range:—25C~+85°C
sInsulation resistance:=1000MQ
*Contact resistance:<20mQ

7.60 [7.598]+0.20

14.20 [14.195]+0.25

A

02 | 254
03 | 5.08
04 | 7.62
05 | 10.16
6.50 [6.498] 06 | 12.70

% 07 | 15.24
08 | 17.78

09 20.32
@) ®@® @ 6 © 10 22.86

3.40 [3.403]+0.25

0.64 [0.025]+0.05

PART NO.:

11 25.40

®Series No

A+0.10 @Category:W—Wafer 12 | 27.94

®Welding Board Angle:V—Stright 180° 13 30.48

2.54 [2540} @ROW No—Pin No:XX—=02—-20PIN 14 33.02

®Material:NO—Nylon66 UL94V-0
®Plating:SN—=Tin Plated

VO1—Gold—flash 16 | 3810

17 40.64

18 43.18

2.54 [2.543] PCB LAYOUT 19 | 45.72

20 48.26

15 35.56

A+0.20 X9254WV—XX—NOVO1 Gold—flash
Nylon66 X9254H
X9254WV—13—NOSN Tin  Plated

Suitable XKB

PART NO Material | Material(Brass) Housing

AUGLAR 5 MODEL TYPE:

VIEW:
>< 1046 DESIGN Bq*ﬂ @_E]’ 2.54mm Crimp Style Connector
: 10. o , . [PART NO.:
XX.x iggg CHECKED UNIT: mm/in X9254WV—13—NOSN
XX +0.
DWG NO.:
X XXX +0.15 Connection APPROVED SIZE: A4
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