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mSPECIFICATIONS

ﬁ *Voltage rating:250V AC/DC

J «Current rating:10A AC/DC
Withstanding Voltage: 1500V AC/minute

— sTemperature range:—40°C~+125°C

sInsulation resistance:=1000MQ

*Contact resistance:<10mQ

*After environmental testing:<20m0

G
\

—

5.08 [0.200]+0.10

15.30 [0.603]

13.30 [0.524]

PART NO.:

®Series No
®@Category:H-HSG
®Welding Board Angle:F—Female housing
@Row No.Pin No:XX—02P
GMaterial:NO—PA66 UL94V—-0

N2—PAG6 UL94V-2
®Color:Blank—Natural Color

Nylon 66
X5050HF-02—-N0 UL 94V—0

Nylon 66
X5050HF—=02—N2 UL 94v—2

X5050TM X5050W. X 5050HM

7.20 [0.284]

10.95 [0.431]

Suitable XKB With XKB Wafer Or
Terminal Housing Mates

AUGLAR +5° VIEW: MODEL TYPE:
DESIGN Eqﬁj @’E" 5.08mm Crimp Style Connectors
X. +0.40 PART NO
X.x +0.30 CHECKED UNIT: mm /in X5050HF—02—N2
X.xx +0.20
C onnection

PART NO Material

S o 05 APPROVED) size: a4 |PWE NO=
UNSPECIFIED TOLERAUCES

XKB INDUSTRIAL PRECISION CO. LIMITED Uk
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