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Circuit 1 /

Specifications GH¥%) :

1. Voltage rating (Bl H &) : 250V AC DC

2. Current rating (FiE ) :3. 04 AC/DC

3. Withstanding voltage (ffit [ E{H) : =1500V AC/minute
4. Insulation resistance (&% Hi[H) : 1000MQ Min
5.Contact resistance (ZEZkH[H) :20mQ Max

6. Temperature range (i HEE) :—25°C " +85°C
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15.10 [0.594] @ Series No
@ Category:H-Housing
— ® Row No—Pin: 2x02-2x32P
D\menswons(mm) Dimensions(mm) Dimensions(mm) . .
poles poles poles @ Special No:Al-single convex and double gap
A B A B A B ® Material :PT-PBT UL 94V-0
2x02 2.54 9.58 2x13 30.48 37.52 2x24 58.42 65.46 @ Co‘l OT,:B] ankil\'atura‘l CO]OY
2x03 5.08 12.12 2x14 33.02 40.06 2x25 60.96 68.00
2x04 7.62 14.66 2x15 35.56 42.60 2x26 63.50 70.54
X9555H—2x10A1—PT PBT UL 94V-0 X955T X9555W
2x05 10.16 17.20 2x16 38.10 45.14 2x27 66.04 73.08
240 1270 | 197 27| 4064 | 4788 | 2B | 6858 | 752 PART NO Material Material(pin) Suitable XKB Wafer
2x07 15.24 22.28 2x18 43.18 50.22 2x29 71.12 78.16
2x08 17.78 24.82 2x19 45.72 52.76 2x30 73.66 80.70 ANGLAR +5 DESIGN 5 % VIEW: $ E‘ !\/120535#n TCYHT”EP Sile Comectors
2x09 20.32 27.36 2x20 48.26 55.30 2x31 76.20 83.24 >< iOA,O PART NO
2x10 22.86 29.90 2x21 50.80 57.84 2x32 78.74 85.78 X.x +0.50 CHECKED UNIT: mm/in Xg55“5H,2X10A1,pT
X XX +0.20 -
2x11 25.40 32.44 2x22 53.34 60.38 APPROVED SIZE: A4 DWG NO.:
X XXX +£0.15 X—X9555H—2x10A1—PT
2x12 27.94 34.98 2x23 55.88 62.92 UNSPECIFIED TOLERANCES SCALE | PAGE |REVISION
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