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Dimensions (mm) Dimensions (mm)
Poles Poles
i A B A B
2x01 _ 6.65 2x07 18.00 24.65
2x02 3.00 9.65 2x08 21.00 27.65
g + 2x03 6.00 12.65 2x09 24.00 30.65
5 b 2x04 | 9.00 15.65 | 2x10 | 27.00 33.65
o 2x05 12.00 18.65 2x11 30.00 36.65
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o 2x06 15.00 21.65 2x12 33.00 39.65
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