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®Series No
@Category:F—Female
®Welding Board Angle:V—Stright 180°
@Welding Way: S—SMT Recommended PCB  Layout x0813FvS—08A-LPVOT |\Sh UL |copper  Alloy|  x0813FVs
®Row No.Pin No:XX—=08Pin—XXPin -
®High:A=0.59mm PART NO Material | Material(Pin) | SUitaple XKB
Mating Height 0.6mm arer
@Material:LP—LCP UL 94V—0 Black AuGLAR +5 DESIGN Bt VIEW: MODEL TYPE:
@®Plating:v01—Gold Flash; X. +0.40 = pA;memo P18 Sble Connecter
SN—Tin Plating X.x +0.30 CHECKED UNIT: mm/in X081 3FVS—OBA—LPVO
XXX +0.20 DWG NO -
X xx 1015 C o nection APPROVED SIZE: A4
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