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L o 1. ¥ MATERIAL:
i 5 DETAIL A 1.1 %kl PLASTIC: LCP , UL 94vV-0, COLOR: BLACK
e = SCALE 5:1 1.2 f5iCONTACT: COPPER ALLOY (C5210)
g 1.3 4p% SHELL: STAINLESS STEEL (SUS304)
PIN NUMBER PIN DEFINE e 2. FINISH:
e T ———" 2.1 % TERMINAL: 50u” MIN. NICKEL PLATED OVERALL
— 2.2 fif)i CONTACT: Au 1u”
P 2.3 JEi TAIL: 100u” MATT-TIN PLATED
MICRO SD_CD/DAT3 2.4 4% SHELL: 50u” MIN. NICKEL PLATED OVERALL
3. PRODUCT MUST CONFORM TO RoHS AND
PIN 3 MICRO SD_CMD HALOGEN FREE REQUIREMENT
PIN 4 MICRO SD_VDD
PIN 5 MICRO SD_CLK CARD DETECT SWITCH OPEN/CLOSE FOR
P r——— MICRO SD CARD POSITION
) +5° VIEW: MODEL TYPE:
UN-INSERTION CARD DERECT SWITCH AUGLAR +5 DESIGN [Ep) @% TF CARD CONN
PN 7 MCRO_SD-DATO ICARD UNINSERTION OPEN X, £0.40
@) - |PART NO.:
PIN 8 MICRO SD_DAT! CARD HALF INSERTIO OPEN X.x £0.50 CHECKED UNIT: mm/in XKTF—1250-21
PIN 9 MICRO SD_CD CARD INSERTION CLOSE XXX +0.20 DWG NO -
PIN 10 GND N/O OPEN CLOSE X XXX +0.15 |[Connection (PPROVED Sl Ad X—XKTF—1250-21
— —— ——— CXKTF—1250—
PIN 11,12,13,14 | GND P10~ P9 P10 P9 P10 P9 UNSPECIFIED TOLERAUCES XKB ‘NDUSTR‘AL PREC‘S‘ON CO L‘M‘TED SCALE [ PAGE [REVISION
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