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SPECIFICATIONS
1. Material: Nylon66 UL94-V0(2)

2. Color: Nature
Circuit Part NO. Dimensions mn
A B

2 HC-SM-2EYS-05 | 2.50 | 5.00
3 HC-SM-3EYS-05 | 5.00 | 7.50
4 HC-SV-4EYS—05 | 7.50 | 10.00
5 HC-SM-5EYS—05 | 10.00 | 12.50
6 HC-SM-6EYS-05 | 12.50 | 15.00
7 HC-SM-7EYS—05 | 15.00 | 17.50
8 HC-SM-8EYS-05 | 17.50 | 20.00
9 HC-SM-9EYS—05 | 20.00 | 22.50
10 HC-SM-10EYS-05 | 22.50 | 25.00
11 HC-SM-11EYS-05 | 25.00 | 27.50
12 HC-SM-12EYS-05 | 27.50 | 30.00
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