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SHENZHEN GUDIAN ELECTRONICS CO., LTD

1 Product Identification
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GDBS 323023
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O Product Symbol
(2 Dimensions
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@ Packaging Style (B: Bulk; T: Tape & Reel)

®) Lead Free

2 Appearance, Dimensions
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SHENZHEN GUDIAN ELECTRONICS CO., LTD

4 Electrical Char Acteristic

PARAMETER SPECIFICATION CONDITION
Z1 20Q Min @25MHz
Z2 40425%C @100MHz
DCR 0.6 mQ Max
I-DC 21 (Typ)Amps AT=40°C TYP/1MHz

Typical Impedance v.s. Frequency Curve
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SHENZHEN GUDIAN ELECTRONICS CO., LTD

5 Packaging

(1) Dimensions of Reel (mm)

Cl 330£3.0

. H 12.8+0.5
A 2.5+0.3

A B 10.75+0.3

BI 13+0.5/-0.2
H 4= ] T 20402
M \;’“; 8l D 1001.0

(2) Dimensions of Tape (mm):
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quantity

12.0£ | 35+ | 335 | 24=% 8.0+ 5.5+ 1.75+ 1.5+ 4.0% 2.0% 0.3+ 3500PCS
0.3 0.1 +0.1 0.1 0.1 0.1 0.1 0.1 0.1 0.1 0.05 /Reel




