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FiH% Specification:

140328 Rating:3A 250VAC/6A 125VAC 4

2.8 AP Contact resistance:<30 mQ

3.46% HiFH Insulation resistance:>100 MQ(DC500V/Min)
! 415 % Electronics life:>10000 cycles
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