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1.JF x5 Model No.:H25-0323PC

2.5 14 Rating:3(3)A 125/250VAC

3.5/ FEFH Contact resistance:<30 mQ

4. #452% HilH Insulation resistance:>100 MQ(DC500V/Min)
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