ESDAOSCP30

-Line Bi-directional TVS Dioae

Features

e  Operating voltage: 5V
. Low clamping voltage
° Low leakage current

e  Complies with following standards:
—|EC 61000-4-2 (ESD) immunity test
Air discharge: £30kV
Contact discharge: +30kV
— IEC61000-4-5 (Lightning) 8 A (8/20 ps)
* RoHS Compliant

Dimensions DFN1006

Applications
¢ Cell Phone Handsets andAccessories . . .
e Microprocessor based equipment Pin Conflguratlon

e Personal DigitalAssistants(PDA’s)

¢ Notebooks, Desktops, and Servers
e Portable Instrumentation

o Networking and Telecom

e  Serial and Parallel Ports

e  Peripherals

Mechanical Characteristics
e Package: DFN1006

e Lead Finish: Lead Free

¢ UL Flammability Classification Rating 94V-0
e Quantity Per Reel:10,000pcs

e Reel Size:7 inch

e  Device Marking: B2

Absolute Maximum RatingS(Tamb=25°C unless otherwise specified)

Parameter Symbol |Value

Unit

Peak Pulse Power (8/20us) Ppp 80

-+

ESD per IEC 61000-4-2 (Air) v 30
ESD
ESD per IEC 61000-4-2 (Contact) + 30

kV

Operating Temperature Range Ty -55to +125

Storage Temperature Range TsTy -55 to +150
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ESDAOSCP30

Electrical CharacteristiCS(TA=25°c unless otherwise specified)

Parameter Symbol |Test Condition Min Typ Max | Unit
Reverse Working Voltage VRwM 5 \%
Breakdown Voltage VBR IT=1mA 5.6 6.5 8.0 Y
Reverse Leakage Current Ir VRwM =5V 0.1 MA
Clamping Voltage Ve Ipp = 1A (8 x 20 s pulse) 8 v
Clamping Voltage Ve Ipp = 8A (8 x 20 us pulse) 11 \Y;
Junction Capacitance Cy Vr =0V, f=1MHz 15 pF

Rev :08.01.2024 2/4 www.leiditech.com



ESDAOSCP30

Typical Performance CharacteristiCS(TA=25°C unless otherwise specified)
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ESDAO5SCP30

DFN1006 Package Outline Drawing

DIMENSIONS
MILLIMETERS INCHES
D | . ‘ h | SYM TMIN [ NOM [ MAX | MIN | NOM | MAX
| | - A | 045 | 050 | 055 | 0.018 | 0.020 | 0.022
_i_q } LI__*_+ is A1 | 000 [ 002 | 005 | 0000 | 0.001 | 0.002
| H—}z | 3 b | 045 | 050 | 055 [ 0018 | 0.020 | 0.022
b2 L - c | 012 | 015 | 0.18 | 0.005 | 0.006 | 0.007
| BOTTON  VIEW - D 0.95 1.00 1.05 0.037 | 0.039 | 0.041
| | _ e 0.65 BSC 0.026 BSC
)k il E | 055 | 060 | 065 0022|0024 0026
f - L | 020 | 025 | o030/ 0008|0010 | 0.012
L1 0.05REF 0.002REF
h | 007 | 012 | 0.47 | 0003 | 0.005 | 0.007

Suggested Land Pattern

J sm DIMENSIONS
. y MILLIMETERS INCHES
i X 0.60 0.024
o v . Y1 0.50 0.020
i Y2 0.30 0.012
+ Y3 0.80 0.032
z 1.30 0.052
o x e
NOTICE

Leiditech reserves the right to make modifications,enhancements,improvements,corrections or
other changes without further notice to any product herein. Leiditech does not assume any
liability arising out of the application or use of any product described herein.

Shanghai Leiditech Electronic Co.,Ltd
Email: sale1@leiditech.com

Tel : +86- 021 50828806

Fax : +86- 021 50477059
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