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MC-314C-4P08 

PIN Signal NAME PIN Signal NAME

A 1 GND B12 GND

A 4 V BUS B 9 V BUS

A 5 CC1 B8 SBU2

A 6 Dp1 B 7 Dn2

A 7 Dn1 B 6 Dp2

A8 SBU1 B 5 CC2

A 9 V BUS B 4 V BUS

A12 GND B 1 GND

Material declaration

No. NAME MATERIAL DESCRIPTION

① A HOUSING 基座 THERMOPLASTIC UL 94V-0,COLOR:BLACK;

② B

TERMINAL

接触端子

COPPER ALLOY

【G/F】

2.0μm Ni PLATED OVERALL;

0.25μm Au PLATED CONTACT AREA;

GOLD FLASH ON SOLDER AREA.

③ C SHIELDING PLATE 屏蔽壳 STAINLESS STEE 【G/F】0.25μm Ni PLATED OVERALL;

④ D SHELL 外壳 STAINLESS STEE 【G/F】0.25μm Ni PLATED OVERALL;
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