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ROHS REV. ECN NO. DESCRIPTION DRAW DATE
NOTES:
1.MECHANICAL:
MATING: 35N MAX.
= WITHDRAWAL: 7N MIN,INITIAL.
3N MIN AFTER 5000 CYCLES.
DURABILITY: 5000 CYCLES MIN.
2.ELECTRICAL:
CURRENT: 1.0A MAX
VOLTAGE: 30V MAX
WITHSTANDING VOLTAGE: 100V AC
CONTACT RESISTANCE: 50 mQ MAX
INSULATION RESISTANCE: 100MQ MIN
S.ENVIRONMENTAL
TEMPERATURE RANGE —-55°C ~ +485°C
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PART NAME QTY Meterial
SEMI-PRODUCT 1 LCP+30%GF,BLACK,GOLD 30U"
SHELL 1 SUSBOZFW/ZH, TS, Hh%48H,NI 80UMIN
CONTACT 5 C5191R—EH,GOLD 30U”
HOUSING 1 LCP+30%GF
costones oranme| LATLAN 31 7 856 o1 75 B4
DRAWING SHENZHEN LAILTAN ELECTRONICS CO.,LTD
CHECK
APPROVAL TITLE Mini-Bi%E 2 8 5PIN-FMILY. 2 REV. A
TOLERANCES ARE
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