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NOTES:
T.MECHANICAL:
INSERTION:5~20 N
EXTRACTION:THE INITIAL 8~20N.
6~20N AFTER DURABILITY
DURABILITY: 10000 CYCLES
2.ELECTRICAL:
CURRENT: 5A MAX
VOLTAGE: 30V MAX
WITHSTANDING VOLTAGE: 100V AC.
CONTACT RESISTANCE: 40 mQ MAX.
INSULATION RESISTANCE: 100MQ MIN.
S.ENVIRONMENTAL
TEMPERATURE RANGE —35C ~ +85°C
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ITEM| PART NAME |Q'TY Material
1 | CONTACT 12 | C18140-H,7=0.12,60LD Tu"Min. NICKEL 80u’Min.MT 120u”
2 | CONTACT 12| C18140-H,7=0.12,G0LD 1u"Min. NICKEL 80u’MinMT 120u”
3.77 3 | MID-PLATE 1 | SUS301R-H T=0.15, Cleaning.
1.37+005 RECOMMENDATION PCB LAYOUT 4 | EMI PAD 1| SUS304-1/2-H, T=0.10, Cleaning.
. -0.10 " v
—— 5 | SHELL 1 |SUS304R-1/2H, T=0.20, Ni 50u"Min
0.15£0.05 L 7T%EWC£&O;OSL - J 6 | OVER-MOLDING | 1 |LCP, UL94V-0,BLACK
C 7 | cAP 1| PA9T, UL94V-0,BLACK HALOGEN-FREE
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