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Technical Index: .
T.Temperature range:—25C~85°C. o
2 Rated voltage:250V DC/AC(rms). | 9040.25 H
S.Rated current:5A AC,DC. B ™
4.Contact resistance:x20m(. a
5.Dielectricwithstanding voltage): 1500V AC/minute.
6.Insulation resistance:>1000M(). SEC:C-C
/. Apply to gauge):AWG#20~#24.
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