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. UNMATING FORCE: 3N~30N ;
. OPERATING LIFE: 5000 CYCLES MIN ;
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5. WITHSTAND VOLTAGE: 500 VAC ;
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8. OPERATION TEMPERATURE: -20°C~+80C ;
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