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COMMON DIMENSIONS
(UNITS OF MEASURE=MILLIMETER)

SYMBOL| MIN NOM MAX
A 1.3 1.4 1.50
AL 0.00 - 0.12
A2 1.40 1.55 1.70
A3 0.60 - 0.70

b 0.37 0.47

bl 0.35 - 0.45

b2 2.05 2.10 2.15

c 0.17 - 0.27

cl 0.15 - 0.25

D 8.8 9.0 9.2

D1 3.0 - 33

D2 1.3 - 1.6

D3 0.3 - 05

D4 0.9 - 11

D5 0.7 - 1.0

E 7.4 7.5 7.7

EL 10.1 10.3 10.6

E2 3.0 - 33

E3 33 - 36

E4 4.0 - 43

E5 3.2 - 35

E6 2.9 - 3.2

E7 2.2 - 25

E8 0.9 - 12

E9 17 1.8 1.9

e 0.80 BSC

el 2.40 BSC

e2 419 BSC

e3 4.89 4.99 5.09

F 9.0 - 9.4

F1 2.25 2.35 2.40

F2 0.6 0.7 0.8

F3 1.35 1.40 1.45

L 0.62 0.72 0.82

L1 132 1.42 1.52

L2 0.25 BSC

R 0.07 / /

h 0.25 0.35 0.45
1 15° 17 19°
2 11° 13° 15°
3 15° 17 19°
4 11° 13° 15°
5 0° 3 6°
Pinl @ 0.9 1.0 11

xI 1.5 1.6 1.7

vl 1.7 1.8 1.9
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