CND-tek

SMD PULSE TRANSFORMER K

Meets IEEE 802.3at Standards.
Designed For 1G BASE-T Applications,Surface Mount Type.
Operating Temperature Range: -40 °C to +85°C.

RoHS Compliant. g

720mA Current Capability.
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Quantity (pcs) :

2400 PCS PER REEL
10REELS PER CARTON
24000 PCS PER CARTON
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