SAW FILTER
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SMD 3.8X3.8 CERAMIC SEAM SEAL PACKAGE

PRODUCT FEATURES PRODUCT PHOTO

esmall size 3.8x3.8x1.5mm
ewelding can be done with Auto- SMD

@Low-1loss SAW component V'S

@eLow amplitude ripple R
@Sharp rejections at both out-bands T

@ ROHS compliant \‘5’

PRODUCT SPECIFICATIONS

Frequency Range fe 100~1000MHz MHz
Standard Frequency fe 315,433.92,480,500,866.5 MHz
Band Width 2, 3,5,10,20,40, or specify MHz
Insertion Loss ( min) 1.5,1.8,2.0,3.0, 6.5 or specify dB
Operating Temperature Range IL -40~+85 °C
Storage Temperature Range -55~+125 °C

PACKAGE OUTLINE / DIMENSIONS
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