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Surface treatmentf% 2 4% 4
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NEW
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. Frequency: 0~6GHz
. Impedance: 50Q

. VSWR (Voltage Standing Wave Ratio): <1.35
. Operating Voltage: 335V

. Withstand Voltage: 1000V

. Insulation Resistance: 25000MQ
. Contact Resistance: Inner conductor <3mQ; Outer conductor <2mQ
. Insertion Loss: <0.5dB

. Unspecified tolerances: +0.2
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MODEL NO: SMA-KFD3-125-C0-0

SAMZO COMPONENTS

Electronic switch and connector manufacturer

NAME:
SMA

COAXIAL RF CONNECTOR
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