2 3 4 5 6 7 8

1
SAM[Z(O) REAC/ROHS REV ECN NO DESRIPTION DESIGN [ APPROVAL| DATE

A1 NEW Replace frame 2022.08.17

Technical Specifications

. Frequency Range: 0 ~ 6 GHz
. Impedance: 50 Q
. VSWR (Voltage Standing Wave Ratio): < 1.5
. Operating Voltage: 335 V
. Withstand Voltage: 1000 V
. Insulation Resistance: = 5000 MQ D
. Contact Resistance:

Inner Conductor < 3 mQ
_ Outer Conductor <2 mQ
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125 8. Insertion Loss: < 0.5 dB
85 9. Tolerance for all unspecified dimensions: 0.2
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