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1.Directivity:Omnidirectional

2.Pb containation Requirement:Lead free

3.Charging type:Diaphragm

4 .Sensitivity:-38+3dB (0dB=1V/Pa, 1KHz)

5.0utput impedance:Low impedance

6.Standard operating voltage:2V

7.Operating voltage range:1V-10V

8.Current consumptionless :than 500 pA

9.Voltage deduction characteristic:Within 3dB at 1.5V
10.S/N Ratio:More than 58dB(SPL=1Pa,1KHz,A-weighting)

MIC 6027 M2 21
® ® © 0

A:Name:Microphone
B: Series:6022
C:Connection method:

Wire soldering
D:Parameter:21-DC -38+3dB
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Electronic switch and connector manufacturer

MODEL NO:MIC6027M221

WWW.SANCNN.COM
NAME:

MICROPHONE

3

5

6 7 8



AutoCAD SHX Text
A

AutoCAD SHX Text
B

AutoCAD SHX Text
C

AutoCAD SHX Text
D


	图纸和视图
	模型




