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Technical Specifications
1.Frequency range: 0~6 GHz
2.Impedance: 50 Q
D D Q)A‘ 3.VSWR (Voltage Standing Wave Ratio): <1.5
/ 4.Operating voltage: 335 V
0 5.Dielectric withstand voltage: 1000 V
o 6.Insulation resistance: 25000 MQ
7.Contact resistance: inner conductor <3 mQ, outer conductor <2 mQ
8.Insertion loss: <0.5 dB
|:| |:| 0,9 ~ 9.Tolerance for unspecified dimensions: +0.2
—-'—'—— ~ 10.Standards: MIL-C-39012, IEC169-15, CECC22110
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