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REV ECN NO DESRIPTION DESIGN | APPROVAL DATE
SAMZO | REAC/ROHS
A1 NEW Replace frame 2019.06.12
Technical Requirements
24+0.5
1. Frequency: 0~3 GHz
2. Impedance: 50 Q
12 3. VSWR: £1.35
4. Operating Voltage: 500 V
5. Withstand Voltage: 1500V
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