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SPECIFICATIONS :
] MATERTAL:
b 1. HOUSING MATERTAL:  GLASS FILLED PA46 (UL94V-0).
b 2. CONTACT MATERTAL:  PHOSPHOR BRONZE 0. 46MM.
5 3.PLATING:  GOLD PLATING Fu”-50u”OVER NICKEL.
g ELECTRICAL:
1. VOLTAGE RATING: 125Vac RMS .
| 17.410.20 2. CURRENT RATING: 1. 5AMP .
15.4040.15 3. CONTACT RESTSTANCE: 30mQ MAX .

4. INSULATION RESISTANCE:
5. DIELECTRIC WITHSTANDING VOLTAGE:

500MQ MIN @ 500Vdc .
1000Vac RMS 50Hz 1MIN.

MECHANICAL:
= 1. DURRABILITY : 750 CYCLES MIN.
z 2. INSETION FORCE: 2. 2Kgf MAX.
le = 3. RETENTION STRENGTH : 7. TKgf MIN BETWEEN JACK AND PLUG.
) 2 ENVIRONMENTAL :
7 Kz' 1. STORAGE TEMPRATURE : -40° C TO 85° C.
_—ch 2. OPERATION TEMPRATURE :  ~40° C T0 70° C.
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