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REV. DESCRIPTION

APPD.| DATE

A INITIAL RELEASED

Chen 07/22/2026

TYPICAL SPECIFICATIONS

1.0.ELECTRICAL

2.0.ENVIRONMENTAL

2.2.SALT SPRAY:48HOURS
2.3.RoHS COMPLIANT

1.1.FREQUENCY RANGE: DC-6GHZ
1.2.NOMINAL IMPEDANCE: 50 Ohm

REF16.0

8.540.3

6.0+0.3

1/4-36UNS-2A

1/4-36UNS-2B
I

2.1.0PERATING TEMPERATURE RANGE: -55°C TO +125°C

1.98+0.05

DIMENSIONS ARE IN MILLIMETERS

@ | SMA065139G-3594 | BODY GOLD-PLATED BRASS (GOLDEN Gold Plating 1u") 1PCS
® | SMA418072I-1451 | INSULATOR PTFE (WHITE) 1PCS
@ | SMAO065138G-3546 | BODY GOLD-PLATED BRASS (GOLDEN Gold Plating 1u") 1PCS
@ | SMA014116G-3482 | CENTER PIN GOLD-PLATED BRASS (GOLDEN Gold Plating 1u") 1PCS
ITEM| DRAWING NO. PART NAME DESCRIPTION QTy

UNLESS OTHERWISE SPECIFIED

CUS P/N: A-RP-SMA MALE TO
SMA FEMALE L=16

MyAntesina®

TOLERANCES MOA ]
ANGLES = +3° PART NO.M04-0107030R0A | TITLE: SMA Adaptor
UPTO 6 = 0.1
6-40 = £0.2
APPD: -
40-120 = 06 DWG NO
120-315 = 1.0 CHKD: — | SCALE | SHEET | REV.
ABOVE 315 = 216 DR @ —J 0 1 [ 11 ] vor
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