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SWITCHING CIRCUIT

COM NOT NC

NOTES:
1. RATING: 1A 125VAC (UL, CUL; CQC; ENEC17)
0.5A 250VAC (UL, CUL; CQC; ENECL7)
1A 42VDC (UL, CUL; CQC; ENEC17)

2. OPERATING FORCE: 304+ 20gf

3. CONTACT RESISTANCE: <500m¢Q
4. INSULATTON RESTISTANCE: >100MQ (500VDCBETWEEN
OPEN CONTACTS)

5.DIELETRIC STRENGTH: >500VAC 0. 5mA 1 MINUTE

hooya89@hooya.hk
0769-82310511-867
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LEGION RT-M3

1A 125VAC  0.5A 250VAC
1A 42VDC 407125
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