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SMW5045M300NTT
Common Mode Choke

Dimensions

Schematic Diagram Reference Land Pattern（mm）
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SMW5045M300NTT

Specifications

Notes:All test data is tested on 25 ℃ ambient temperature
1:Rated current: the value of DC current when the temperature rise is AT40℃(Ta=25℃)
2:Operating temperature range -40 ℃ to+ 85℃
3:Storage condition: Temperature -25 to +40°C, RH≤75%
4:Irms (A):The value of DC current when product temperature rise is △T≤40℃(Ta=25℃)

Typical Electrical Characteristics
.

Packaging Quantity：2000PCS/Reel

Part No

Impedance
(25MHz)

Impedance
(100MHz)

DCR
（mΩ）MAX

Rated
Current

Rated
Vr

(Ω)±25% (Ω)±25% 1-4=2-3 (A) Max (V)DC

SMW5045M300NTT 20 30 3.0 15.0 80


