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2.Voltage rating: 100V AC/DC

3.Withstanding voltage: 1000V AC

4.Contact resistance: 10mQ max.

5.Insulation resistance: 1000MQ min
6.Durability cycle: 50Cycles

7.Removal force: 3.5kgf/Pin min

8.0perating temperature range: -55°C ~ +105°C
9.Waterproof grade:IP68(Anti immersion type)
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