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Ordering Information:
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G-Switch Specification:
1.Current rated: 5.0A AC/DC
2.Voltage rating: 100V AC/DC
3.Withstanding voltage:1000V AC
4.Contact resistance: 10mΩ max.
5.Insulation resistance: 1000MΩ min
6.Durability cycle: 50Cycles
7.Removal force: 3.5kgf/Pin min
8.Operating temperature range: -55°C ~ +105°C
9.Waterproof grade:IP68(Anti immersion type)
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GT-C2001HF-2XXX01 
Dual Dows Female Housing GT-C2001HM-2XXX01 

Dual Dows Male Housing


