CHIP COMMON MODE CHOKE

High Common Mode Impedance at High Frequency.

Excellent Noise Suppression Performance.

Small Size and Low Profile,Surface Mount Type.
Operating Temperature Range: -40 C to +125C.

RoHS Compliant.
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Common mode .
R Impedance (Q) R DC Capacitance cRated Rated VoIt \V/Vrlthstand R
art Number [Test Frequency | Reslstance (PP Max urrent (Vic)Max. oit. (Vdc) (©) Min.
(Q) Max. p (mA)Max. : Max.
100MHz]
ACM2012-900-2P-T001-CND|  90+25% 0.19 5 400 50 125 10M
ACM2012-121-2P-TOOT-CND | 120+25% 0.22 5 370 50 125 10M
ACM2012-201-2P-T001-CND|  200+25% 0.25 5 350 50 125 10M
ACM2012-361-2P-T001-CND|  360+25% 0.50 5 220 50 125 10M
ACM2012-681-2P-T001-CND|  680+25% 1.30 5 200 50 125 10M
ACM2012-102-2P-T001-CND|  1000+25% 1.50 5 190 50 125 10M
ACM2012-222-2P-T001-CND|  2200+25% 2.50 5 150 50 125 10M
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SUGGEST LAYOUT
(Steel plate thickness 0.1mm Typ) 1000
Dimensions in mm
Serkes A B 4 D1 2 E(Rel)  aRe)  bRe)  cRe)  dRef) %‘
2012 20+02 1.27+02 1.20+02 0.50+0.1 045x0.1 0.18 25 15 04 1.05 E

Unless otherwise specified all tolerances are:+0.25mm

TAPING AND PACKING

Series Wmm)  E@m)  Fmm)  POmm)  P2mm)  Pmm)  DO(mm)  tmm)

BO@mm)  AO(mm)  KO(mm)

2012 BO0£000 1754010 3504000 4002010 2004010 400£0.10 1504010 0255005

2355000 1504000 145£0.10

_ Dimensions in mm
Quantity (pcs) :
2000 PCS PER REEL
10REELS PER CARTON
20000 PCS PER CARTON

Shenzhen magnetic Lianda Electronics Co., LTD

Address: 505, West Block, No. 221, Niucheng Road, Niucheng Village, Baiwang Community, Xili Street, Nanshan District, Shenzhen
Tel:0755-27652992 29016433 E-mail: sales1@cd-tek.com Website:www.cd-tek.com
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