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NOTES:
1.MATERIAL:
  HOUSING:LCP,BK,UL 94V-0

  SHELL:SPCC/BRASS
  TERMINAL:C2680-EH
2.CONTACT PLATING:
  50u" Min NICKEL UNDERPLATING OVER ALL

  GOLD PLATING AT CONTACT AREA(SEE P/N)
  80u" Min TIN AT SOLDERING AREA
  SHELL PLATING:NICKEL 50U"Min
3.ELECTRICAL:
  INSULATION RESISTANCE:100MΩ MIN
  CONTACTRESISTANCE: 30mΩ MAX
  DIELECTRIC WITHSTANCE:500 VAC FOR 1Min
  CURRENT RATING:0.5A
  VOLTAGE RATING:40V
4.MECHANICAL:
  INSERTION FORCE:4.5 KFG MAX
  WITHDRAWAL FORCE:1.0~4.0 KGF
5.DURABILITY: 10000 CYCLES
6.TEMPERATURE RANGE: -55℃ TO +105℃
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脚无凸点

01代表铁壳

02代表铜壳

L1代表端子半金锡0.5U"

L2代表端子半金锡1U"

L3代表端子半金锡3U"

N1代表外壳镀镍

F1代表外壳镀金

外壳脚规格：

4.P/N:

ZJLQ-HDMI-HA02-N1L1-4
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外壳脚凸点

无凸点

带凸点

无凸点

无凸点

带凸点
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1.包装要求：

1.1 每卷包装500pcs,卷带前

    后各空出5pcs位置；

1.2 每10盘放一箱，共计5kset;

1.3 纸箱外贴上标签
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