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RoHS

COMPLAMT

JY-T1-6T-KK81+ 0.015-300MHZ 1:1 RF flux transformer

1:1 RF transformer Frequency: 0.015-300MHZ.

Feature:

.1: 1 impedance transformer.

.SMT part.

.Packaging 500pcs per reel.

.used in 500hm systems.
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Maximum Ratings
Operating Temperature -20°C to B5°C
Storage Temperature 55°C to 100°C
RF Power 250mwW
DC Current 30mA
Pin Connections
PRIMARY DOT 4
PRIMARY 6
NOT USED 5
SECONDARY DOT 3
SECONDARY 1
SECONDARY CT 2

Tel : +86 0755-27881106
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Outline Dimensions ('neh

A B C D E F G H J
230 27 23 010 o042 020 100 .05 .05
762 686 684 025 107 051 254 127 1.27
K L M N P Q R S wi
020 036 26 0537 600 125 050 100 grams
0.51 0.91 660 1461 1624 318 127 254 0.50
Electrical Specifications: TA=25°C, Zo=50Q Pin=0dbm
Parameter Test Conditions UQ't Min. Typ. Max.
0.015-300MHz | dB - - 3
Insertion Loss 0.02 - 200MHz dB - - 2
0.03 - 50MHz dB -——- - 1
RF Power 250mW
DC Current 30mA
Test Impedance 500HM
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