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”‘421"1 b1 0.80 0.85 0.90
c 0.17 - 0.25
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I o= 0 & D2 1.43 1048 1.53
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! - 09 3.15 REF
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= WITH PLATING 2 0.40BSC
e3 2.20BSC
SIDE VIEW
SECTION)B-B 2 1.40B5C
e5 0.55BSC
b 0.45BSC
NOTES: L 0.40 - 0.80
1. ALL DIMENSIONS MEET JEDEC,STANDARD MS—012F x1 1.18 1.28 1.38
2 ALL DIMFNSIONS DOfNOT, INCLUDF MOLD FLASH OR PROTRUSIONS y1 118 1,28 1,38
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