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Specifications:
Rated Voltage : 30V AC/DC

Rated Current : 0.3A AC,DC
Withstand Voltage :
Contact Resistance

Insulation Resistance :
Temperature Range :

200V AC/minute

. 30mO(MAX.)
100MQ(MIN.)
—25'C~+85°C

C 2 EH |Gold—flash /NI&SN
B 14 BH  |Gold—flash /NI&SN
A | AE LCP | & &
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RECOMMENDER P.C.B.LAYOUT TOP VIEW
(COMPONENT SIDE TOLERANCE+0.1)

REV. | ZONE] DESCRIPTION DESIGN DATE

B NEW
PIN% | A£0.1 | B£0.1| C£0.1| D+0.1
2P | 0.80 |1.90 3.78 | 3.04
3P| 1.60 | 270 | 458 | 3.84
4P | 240 | 350 |5.38 | 4.64
5P | 3.20 | 4.30 | 6.18 5.44
6P | 4.00 | 510 | 6.98 6.24
/P 480 | 590 |7.78 | 7.04
8P | 5.60 | 670 |858 | 7.84
9P | 6.40 | 750 |9.38 | 8.64
10P | 7.20 | 8.30 | 10.18 | 9.44
1P| 8.00 | 910 |10.98 |10.24
12P | 8.80 | 990 |11.78 | 11.04
13P | 9.60 | 10.70 | 12.58 | 11.84
14P | 1040|1150 | 13.38 | 12.64
15P | 11.20112.30 | 14.18 | 13.44
16P | 12.00|13.10 | 14.98 | 14.24
1/7P 1 12.80|13.90 | 15.78 | 15.04
18P | 13.60|14.70 | 16.58 | 15.84
19P | 14.40| 1550 | 17.38 | 16.64
20P | 15.20|16.30 | 18.18 | 17.44
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