STB-3/8 TC

.37"(9.5mm) Recessed Type W/Terminal Quick-Connect

( € Contact Size: .37"x.92"(9.5mmx23.3mm)

Standard Magnet Size: .37"x.58"(9.5mmx14.8mm)

M Standard Gap: .6"(15mm)
oHS

Colors: White, Brown

C USLISTED STB-3/8 TC: Terminal Connect, No Leads.
Specifications

Part Number Gap Loop Reed Max. Contact |Max. Initial Contact| Max. Switching Max. Switching
Inch(mm) | Open/Closed Form Rating (W) Resistance (mQ) Voltage (V) Current (A)
Normally
STB-3/8 TC | .6"(15) CLOSED Open 10 100 AC110/DC100 0.5
Normally
STB-3/8 TC WG| 1"(25) CLOSED Open 10 100 AC110/DC100 0.5
Normally
STB-3/8 TC DM | .5"(12.5) CLOSED Open 10 100 AC110/DC100 0.5
STB-3/8TCFLAT | .5"(12.5) | CLOSED Ng;ﬂ'y 10 100 AC110/DC100 05
STB-3/8B TC | .5"(12.5) OPEN N&L”‘S:gy 10 100 AC110/DC100 0.5

OPERATING TEMPERATURE:-40°C to +60°C

Outline Dimensions Unit: inch(mm)
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STB-3/8 TC

Outline Dimensions Unit: inch(mm)
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