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Notes:
1. All dimensions are in millimeters (inches).
2. Tolerance is ± 0.25mm (0.01”) unless otherwised noted.
3. Specifications are subject to change without notice.

package ouTlines

speciFicaTion

part number chip Material color of emission lens Type Viewing angle

1

cs85bir850c

cs85bir850c GaAlAs infrared Water clear 140°

1

American Opto Plus LED Corp.
L171L-IR-850

2.0 x 1.25 x 0.8 mm Infrared SMD LED
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PAcKAGE diMENsiON 
 

 

 

recommended solder Pad 

Notes: 
1. All dimensions are in millimeters (inches); 
2. Tolerances are 0.1mm, Angle 0.5 unless otherwise noted. 
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ABSOLUTE MAXIMUM RATINGS (TA=25°C)

OPTicAL-ELEcTricAL cHArAcTErisTics (TA=25°c)

*Tolerance of viewing angle: -10 / +5 deg.

Parameter Symbol Max Rating Unit

Forward Current If mA

Reverse Current @ 5V Ir µA

Power Dissipation Pd mW

Operating Temperature Range ToP °C

Storage Temperature Range TsTg °C

Peak Pulsing Current (1/10 duty f = 10KHz) IfP A

Soldering Temperature Tsol Max 260°C for 5 sec Max

Parameter Symbol Test Condition
Value

Unit
Min Typ Max

Radiant Intensity Iv If = 50mA - mW/sr

Forward Voltage vf If = 50mA - V

Reverse Leakage Current Ir vr = 5v - - 100 µA

Viewing Angle at 50% Iv 2θ1/2 If = 50mA - 140 - Deg

Peak Wavelength λp If = 50mA - - nm

Dominant Wavelength λd If = 50mA - - nm

2

50

5

100

-40~+85

-40~+85

1

3.2 6.0

1.7

850

860

1.9
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OPTicAL cHArAcTErisTic curvEs
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OPTICAL CHARACTERISTIC CURVES             
        

 
 



17700 Castleton Street, #588 | City of Industry, CA 91748 | T: 626-964-9040 | F: 626-964-9072 | www.chromeled.com

ChromeLED Corp. reserves the right to make changes at any time in 
order to supply the best product possible. The most current version 
of this document will always be available at: www.chromeled.com

PAcKAGiNG sPEciFicATiON
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American Opto Plus LED Corp. 

L196L-QBC-TR 
1.6 x 0.8 x 0.4 mm Blue SMD LED 
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REEL DIMENSIONS 
 
 

 
 
 
 
 
 
 

 
 
 
 
 
 
 
 
 
 
 
 
 
 
Notes: 
1. Empty component pockets are sealed with top cover tape; 
2. The maximum number of missing lamps is two; 
3. The cathode is oriented towards the tape sprocket hole. 
4. 4,000pcs/Reel 
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DIMENSIONS OF TAPE (UNIT: MM) 

 

 
 
 

Note: The tolerances unless mentioned are ±0.1mm, Angle ±0.5; Unit=mm. 
 
 

PACKAGING SPECIFICATION 
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sOLdEriNG cONdiTiONs
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RECOMMENDED Sn-PB IR-Reflow Soldering Profile

RECOMMENDED Pb-Free Soldering Profile


