Sonalert® Accessory Drawing

Revision B

Mounting Bracket
Ploce J-GASKET here

20.20 [85.2] 2057/ [214.6]
3 places for wires

#10 or omm
screws for
mounTing

-0.39 [9.91y

W

0,95 [24.3] 092 [24.3]

Dimensions: inchesfmm]

Assembly Procedure

Thread J-POLE-S or J-POLE-E into Mounting Bracket. Place a J-GASKET onto
surface shown for Sealing.

Accepts ¥2” NPT Pipe Thread

Material: ABS777D

UL50, C22.2 N0.94, NEMA Type 3R, 4X, & 12, and IP66 approved, RoHS compliant, Gasket.
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